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基本参数

安装类型 半屏蔽

测量距离 Sd 0 ... 4 mm

分辨率 < 0,001 mm (静态)
< 0,005 mm (动态)

重复精度 < 0,01 mm

线性误差 ± 160 µm

温漂 ± 4 % (全量程)

许可/证书 ATEX 2D

电气参数

响应时间 (出厂特性) < 2 ms

工作电压范围 +Vs 15 ... 27 VDC

电流消耗 (最大)  (无负载) 20 mA

输出电路 电流输出

输出信号 4 ... 20 mA

负载电阻 +Vs 最小 < 330 Ohm

负载电阻 +Vs 最大 < 1000 Ohm

 最大允许消耗功率 < 1,35 W

短路保护 是

反向极性保护 是

机械参数

类型 圆柱型 螺纹版

外壳材料 黄铜镍电镀

尺寸 12 mm

外壳长度 50 mm

连接器类型 连接头 M12

旋紧力矩 max. 15 Nm

环境条件

防护等级 IP 67

照片
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安全最大值

标记 II 2D Ex tb IIIC T100°C Db IP6X

操作温度 Ta -10 ... +50 °C

	 线性偏差 (S = 0,5...4 mm) ± 4% (全量程) 
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最大安全值

EC type test certificate SEV 12 ATEX 0123 X

Marking       II 2D Ex tb IIIC T100°C Db IP6X

Standards According to the declaration of 
 conformity

Operating temperature -10 ... +50 °C

Storage temperature -10 ... +75°C 

特殊情况“X”

• The device must be set up so that the device and the plug-in connector 
are completely mechanically protected from impact effects in accordance 
with EN 60079-0 Section 26.4.2

• The metal housing must be conductively connected to the plant's 
equipotential bonding system

• The plug may only be connected or disconnected in a de-energized state 
and must be secured against tool-free isolation with the supplied fuse clip

• Device and connection cable must be installed so that they are protected 
from UV light

Baumer连接电缆

Cable type PUR halogen-free black

Cable outer diameter 4.40 mm

Wire 3 x 0.34 mm2

Additional strain relief required > 100 N

Installation torque for tightness 0.4 Nm

UL- listed E315836

Straight connector ESG 34SH0200X 11099263 2 m
ESG 34SH0300X 11099265 3 m
ESG 34SH0500X 11099266 5 m
ESG 34SH1000X 11099267 10 m
ESG 34SH2000X 11099268 20 m

ESW 33SH0200X 11099269 2 m
ESW 33SH0500X 11099270 5 m
ESW 33SH0600X 11099271 6 m
ESW 33SH1000X 11099272 10 m
ESW 33SH2000X 11099273 20 m

Other lengths on request

Angled connector


