
Network components

Module SFP 1000BASE-T
Article number: 11008781

overview

■ SFP module
■ 1000base-T connection
■ RJ45 connector

technical data

general data

manufacturer Hi-Optel

manufacturer designation HTSFP-24-1112TF-CPT

interface

data interface GigE

Ethernet type 100/1000 BASE-T

number of ports 1

ports RJ45

interface

standard IEEE802.3

transfer rate 1,0 Gb/s

distance max. 100 m

environmental conditions

operating temperature 0 … +70 °C

conformity CE

FCC

RoHS

2
0
2
0
-0
1
-2
9

T
h
e
p
ro
d
u
c
t
fe
a
tu
re
s
a
n
d
te
c
h
n
ic
a
l
d
a
ta
s
p
e
c
if
ie
d
d
o
n
o
t
e
x
p
re
s
s
o
r
im
p
ly
a
n
y
w
a
rr
a
n
ty
.
T
e
c
h
n
ic
a
l
m
o
d
if
ic
a
ti
o
n
s
s
u
b
je
c
t
to
c
h
a
n
g
e
.

www.baumer.com Data sheet – Module SFP 1000BASE-T Page 1 of 1

https://www.baumer.com/p/24251

