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= Touch display with Live Monitor function
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Distance measuring
OM70 laser line
50...250 mm

200 mm

130 mm

Touch Display, RS485
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2500 Hz

15...28 VDC

75 mA
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RS485
115200, 9

26 mm

74 mm

55 mm

R EHER
2

W

M12#%3k - 8%t

130g

< 170 kLux
-10 ... +50°C
P67

IEC 60068-2-6:2008

B R S%bremat

1 mm p-p atf=10-55Hz duration 5

min per axis

30 min endurance at f = 55 Hz per axis

IEC 60068-2-27:2009
30 g/ 11 ms, 6 jolts per axis and direc-

tion
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CLASS 1 LASER

PRODUCT

IEC 60825-1/2014
Complies with 21 CFR 1040.10 and
1040.11 except for conformance with
IEC 60825-1 Ed. 3., as described in
Laser Notice No. 56, dated May 8, 2019
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12mm

12mm

1,2 mm
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