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Article number: 11224569
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RGB LED
Intiuitive teach-in
20 ms delay activatable
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Optional lenses for distances up to 22 mm
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< 0,033 ms

< 0,025 ms
10VDC ... 30 VDC
50 mA (@ 24 VDC)
<2VDC
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=9 mm lens (1.5x5 mm spot at 9 mm)

=18 mm lens (2x7 mm spot at 18 mm)
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