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Product
Absolute encoder
Digital speed switch
with()
Without
Shaft type
Through hollow shaft
Flange (Hollow shaft)
Support (Support plate) for torque arm, hybrid bearings
Protection class
IP 66 and IP 67, optimized for dusty, abrassive environment
IP 66 and IP 67, optimized for oily, wet environment
Through hollow shaft
@16 mm, clamping ring, A end
@20 mm, clamping ring, A end
@16 mm, keyway
Connection
Terminal box radial, cable gland M20
Terminal box 2x radial, cable gland M20
Flange socket radial, M23, 17 pin, male, CW

Flange socket radial, 1x M23, 17 pin, male, CW + 1x M23, 12 pin, male,
CW

Flange socket radial, 1x M23, 17 pin, male, CW + 1x M23, 12 pin, male,
CCW

Supply voltage

4,75..30 VDC, SSI binary

4,75..30 VDC, SSI Gray
Resolution singleturn position

No position signal

10 Bit

11 Bit

12 Bit

13 Bit

14 Bit

15 Bit

16 Bit

17 Bit

18 Bit

19 Bit

20 Bit

HMG10 #

HMG10

T H #

# #

no< N

<

#it

uB
uG

# #H H# #HH# . O#

W O 00 N O Ul A WN - > O

ww.paumer.co

&=k - HMG10-T - SSI

Page 6 of 8

BARSITEA -

BN RN RABEANRLBE REARIE - RASHUESE -

2022-03-02


https://www.baumer.com/p/29086

Resolution multiturn position

No multiturn signal
10 Bit
11 Bit
12 Bit
13 Bit
14 Bit
15 Bit
16 Bit
17 Bit
18 Bit
19 Bit
20 Bit

Resolution speed

No speed signal

10 Bit, £6000 rpm
11 Bit, £6000 rpm
12 Bit, £6000 rpm
13 Bit, £6000 rpm
14 Bit, £6000 rpm
15 Bit, £6000 rpm
16 Bit, £6000 rpm
17 Bit, £6000 rpm
18 Bit, £6000 rpm
19 Bit, £6000 rpm
20 Bit, £6000 rpm

Resolution supplement |

No additional output I

8192 ppr TTL/HTL push-pull (Vin=Vout), 4 channels
8192 ppr TTL (RS422), 4 channels

5000 ppr TTL/HTL push-pull (Vin=Vout), 4 channels
5000 ppr TTL (RS422), 4 channels

4096 ppr TTL/HTL push-pull (Vin=Vout), 4 channels
4096 ppr TTL (RS422), 4 channels

3072 ppr TTL/HTL push-pull (Vin=Vout), 4 channels
3072 ppr TTL (RS422), 4 channels

2048 ppr TTL/HTL push-pull (Vin=Vout), 4 channels
2048 ppr TTL (RS422), 4 channels

1024 ppr TTL/HTL push-pull (Vin=Vout), 4 channels
1024 ppr TTL (RS422), 4 channels

512 ppr TTL/HTL push-pull (Vin=Vout), 4 channels
512 ppr TTL (RS422), 4 channels
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HMG10 # - T H # . # # ## . # # # # # . #
Resolution supplement Il
No additional output II
8192 ppr TTL/HTL push-pull (Vin=Vout), 6 channels, electrically isolated
8192 ppr TTL (RS422), 6 channels
5000 ppr TTL/HTL push-pull (Vin=Vout), 6 channels, electrically isolated
5000 ppr TTL (RS422), 6 channels
4096 ppr TTL/HTL push-pull (Vin=Vout), 6 channels, electrically isolated
4096 ppr TTL (RS422), 6 channels
3072 ppr TTL/HTL push-pull (Vin=Vout), 6 channels, electrically isolated
3072 ppr TTL (RS422), 6 channels
2048 ppr TTL/HTL push-pull (Vin=Vout), 6 channels, electrically isolated
2048 ppr TTL (RS422), 6 channels
1024 ppr TTL/HTL push-pull (Vin=Vout), 6 channels, electrically isolated
1024 ppr TTL (RS422), 6 channels
512 ppr TTL/HTL push-pull (Vin=Vout), 6 channels, electrically isolated
512 ppr TTL (RS422), 6 channels
Operating temperature
-40...+85 °C A
-40...+95 °C G

N PO U OO NS-—- RRITGO vOHOo

L BRT7YKS  EFREIMEFNBRE (B RE) -
ARERENERZE - HIFELERBNABRAETLIETAES - HRRFITUEREEM ( Ewww.baumercom ) ERIWebECE 28 P B EFHAIR

HY

Bt 44

LM

11043628 M6AFEE - KE 67..70 mm

11002915 M6HFEE - KE 425..460 mm (2131 mm)
11054917 M6IEE (ELEK) - KE 67..70 mm

11072795 M6MFEE (EZ%) - K& 120..130 mm (271 mm)
11082677 M6MFEE (BLE) - KE 425..460 mm (2131 mm)
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