Baumer

Passion for Sensors

MEBERL=R

OMZ20-P0120.HH.TXN

YRR ELER
Article number: 11235101

Fm—5

= BFEBCNE - MENEEMRIETIERNE -
= IHRABERSNREN - TEEFLHRERE N EEEETISEHN

=8
= IBEENERRERIR

= TR - ORBRAIRENNESER

C€ o

RAEIE
EXSH
et
MEFE= Sd
MEEE Mr
BT
EmiERT
HEERT
HMIRE

HR
JEIR
RAS
BEER

BAMKPINE -

Bk 55 4B 18]

B A

BESSH

Response delay

S s

EBIREBESEE +Vs
BRETHFE (LRHE)
R S

b5
fi#

&

EEEN=

16...120 mm

104 mm
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1..13um

+01% MR - 16..70 mm
+0,16 % MR - 16..120 mm

B
< 0.04% Sde/K
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660 nm

1

2 mW
0,001..0,5ms
0,2..34ms

0,4 ms

5000 Hz
12...28 VDC
50 mA
RS485
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RS485
57600 - ol
Modbus RTU

13 mm

37 mm
34,5mm

5B - EOE
R85

RHE

M8 3L - 4%+
41g

< 100 kLux
IP 67

-10 ... +50 °C
-20 ... +60 °C

IEC 60068-2-6:2008

1 mm p-p (10 - 55 Hz) - B %55 &P
BIH309 4P (55 Hz)

IEC 60068-2-27:2009
30g/11ms - BiEHE6RPE
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Teach-in 31,6
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CLASS 1 LASER

PRODUCT

IEC 60825-1/2014
Complies with 21 CFR 1040.10 and
1040.11 except for conformance with
IEC 60825-1 Ed. 3., as described in

Laser Notice No. 56, dated May 8, 2019
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0,81 mm
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