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Product

Shaft type
Kit
Flange (kit)
Servoflansch, Nut 53 mm, M3/M4
Magnet holder / bore diameter
@6 mm
@8 mm
@12 mm
Protection class
IP 67
Connection

Flange socket axial M12, 4-pin, female contacts, CW, 1 x M12, 4-pin,
male contacts, CCW

Voltage supply / interface
10...30 VDC, PROFINET IO
Resolution Singleturn
14 Bit
Resolution Multiturn
16 Bit
Resolution supplement
No option
Operating temperature
-40...+85 °C
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