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= Foam and adhesion compensation
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10 mm
M12 5|28k - L=200 mm

-25 ... +60 °C

-40 ... +80 °C

IEC 60068-2-27:2009
30g/11ms - BHBFEEIPE
IEC 60068-2-6:2008

1 mm p-p (10 - 55 Hz) - S5
BH304h (55 Hz)
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