
Housing accessories

Tube M47 hard anodized scratchproof HRF
Article number: 11727393

Overview

■ hard anodized lens protection with scratchproof glass: Corning® Gor-

illa® glass (Generation 6) equipped with heat reflecting coating
■ HRF = heat reflecting filter, effectively reduces the effect of heat radi-

ation on the lens
■ optional tube extension with Tube Module 6mm (11185372) or Tube

Module (11185371), length 12 mm. Use of several Tube Modules pos-

sible.
■ thread: M47
■ length: 44 mm

Picture similar

Technical data

Mechanical data

Inner diameter 46 mm

External diameter 49.5 mm

Material of cover glass Corning® Gorilla® glass

Weight ≤ 40 g

Mechanical data

Thread M47 × 0,75

Ø cover glass 38 mm

Length of tube 44 mm

Material aluminum, hard-anodized

Sealing Gomastit 400

Dimension drawing
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Principle
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Diagrams
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