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@ IO-Link
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0...1000 mm
15...1000 mm
0...1000 mm
IO-Link

> 4 cm?

5% Sde

1 mm

< 2% Sde

<2ms

<2ms
line-Teach, IO-Link
290 kHz
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12..30VDC
35mA
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100 mA
<3VDC
<10% Vs
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IO-Link V1.1
230.4 kBaud (COM3)
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12 mm

50 mm

M12 3L - 5%t

15 Nm (Front: 10 Nm)

-25..+65°C
-40 ... +75°C
IP 67
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