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object distance (So) from sensor front (mm)
standard target with 30 x 30 mm, directed rectangular to sensor's reference axis
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Protection class (connec-

tion)
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18 mm

64 mm

M12 3L - 5%f

-25...+65°C
-40 ... +75°C
IP 69
IP 67
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