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Accessories
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Mounting accessories

M3 DIN913
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Dimensions

Part number

11034143 Slit coupling D1=06 / D2=06 (Z 121.D01)
11034144 Slit coupling D1=05 / D2=06 (Z 121.D02)

Slit coupling

Features

 – Operating speed ≤12000 rpm

Technical data

Operating speed ≤12000 rpm
Operating temperature -10...+80 °C
Moment of inertia 4.2 gcm²
Torsional rigidity 14 Nm/rad
Torque <0.2 Ncm
Axial offset ±0.2 mm
Radial offset ±0.3 mm
Angular error ±2.5°
Weight approx. 7 g
Materials Body: plastic 

Hexagon terminals: copper alloy

Suitable for

EAL580-SV


